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MAYBRIDGE

... the industry leading library for fragment-based drug screening

Accelerate your fragment screening program with the expanded Maybridge Ro3 Library

Fragment screening is becoming a method of choice in the quest for rapid identification of new lead molecules
in drug discovery due to the higher hit probability and fewer fragments needing to be screened. The Maybridge
fragment library is a proven, industry-leading library due to its diversity, pharmacophoric content and novelty.

To further increase the diversity and provide a greater coverage of lead-like chemical space we have
redesigned our fragment library. The new library contains 2,500 carefully selected fragments, and it provides
the optimal balance between broad coverage of lead-like diversity space and the number of fragments
required to be screened.

Key features and benefits:

Rule of Three (Ro3) compliance delivers superior
ADME attributes

A 30% increase in diversity over the previous library
— Tanimoto similarity index of 0.66 based on standard
Daylight fingerprinting

Experimentally measured solubility — guaranteed
solubility of fragments in PBS buffer (1mM) ensures
robust screening data and minimizes candidate
attrition

Assured quality of >95%, NMR spectrum available for
each of the 2,500 compounds

Chemically “clean” —filtered to remove toxic and
reactive groups

e Chemical functionality selected to allow rapid
chemical evolution and optimization of fragment hits

e Pharmacaphore rich, but not too complex to allow
simpler interpretation of the results

e Fragment hopping is facilitated with the entire
Maybridge portfolio, for the full range visit
www.maybridge.com

The Maybridge Ro3 Diversity Fragment Library is available in the following formats

Entire library with 2,500 compounds

A core set of the entire library with

1,000 compounds

A supplement set of the entire library with

1,500 compounds

Customised set

Complete convenience

Highly recommended. It provides the highest probability to find a hit.

It encompasses the diversity of the entire library. Suitable for rapid and exploratory work.

For those who have screened the core set. It provides an additional probability to identify more hits.

A selection of any number of fragments. Our searchable database allows rapid selection of fragments

based on substructure and calculated Ro3 parameters.

Custom weighed to your requirements in milligram or micromolar quantities.



Leading the way in fragment library design since 2005
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The Maybridge
Fragment Library

One of the first
commercially available
fragment libraries.

= 500 compounds
cherry-picked from the
pharmacophore-rich
Maybridge building block
portfolio

Fis.her. .
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Austria

The Maybridge Ro3
Fragment Library

The first commercially

available Ro3-compliant

library.

= 1,000 compounds

computationally selected

to provide:
> Full “Rule of Three”
compliance

> High structural diversity

> Pharmacophore-rich
fragments containing

“linker-friendly” groups

for hit evolution

The Maybridge Fragment

Collection

= 30,000+ compounds
= Convenient access to

the extensive Maybridge

portfolio

= Powerful tool for building

bespoke fragment

screening libraries
or searching for hit
analogues

The Maybridge Ro3
Fragment Library
Solubility Upgrade

The first commercially
available fragment
library with assured
solubility.

= Experimental solubility
data acquired for each
of the 1,000 Ro3 library
compounds

= Each member of the
library has been shown to
dissolve in:
> DMSO0 at 200mM
> PBS buffer (0.5% DMSO)

at TmM

= The solubility assurance
is an additional benefit
to the Ro3 and diversity
advantages of the original
library

The Maybridge Ro3
Diversity
Fragment Library

Developed with fragment
screening practitioners
to provide the most
practical and powerful
fragment library
available.

= 1,500 compounds selected

from the Maybridge and

Acros Organics portfolios

to provide:

> Improved structural
diversity

> Access to a broader,
wider pool of analogues
for “fragment hopping”

> “Linker-friendly” groups
allow for rapid hit
evolution

> Full “Rule of Three”
compliance

> Experimental solubility
assurance for each
compound in the library

For more information please visit our web site www.maybridge.com or contact your local distributor.

Belgium

Czech Republic

Denmark

Expansion of the
Maybridge Ro3 Diversity
Fragment Library

As the number of
fragments that can

be screened during
assays increases due
to the development

of higher throughput
biophysical techniques
such as surface plasmon
resonance, we have
added additional
fragments.

This has enabled us to:

= |ncrease the diversity by
30%

= Redesign the library to
maximize the diversity
across all the subsets

= (ffer a greater number of
high quality fragments for
custom selection

Finland

Fisher Scientific (Austria) GmbH
Rudolf von Alt-Platz 1

A-1030 Wien

Toll-Free Number: 0800 20 88 40
Fax: 0800 20 66 90
info.austria@thermofisher.com
www.at.fishersci.com

France

Fisher Scientific

Clintonpark — Keppekouter
Ninovesteenweg 198
B-9320 Erembodegem

Tel: +32 (0) 56 260 260

Fax: +32 (0) 56 260 270
be.fisher@thermofisher.com
www.be.fishersci.com

Germany

Fisher Scientific, spol. s r.o.
Kosmonautt 324
Pardubice

CZ-530 09

Tel: +420 466 798 230

Fax: +420 466 435 008
info.cz@thermofisher.com
www.thermofisher.cz

Ireland

Fisher Scientific

Industrivej 3

DK-3550 Slangerup

Tel: +4570 27 99 20

Fax: +4570 27 99 29
kundeservice@thermofisher.com
www.fishersci.dk

Italy

Fisher Scientific Oy
Ratastie 2

FI-01620 Vantaa

Tel: +358 802 76 280

Fax: +358 802 76 235
fisher.fi@thermofisher.com
www.fishersci.fi

The Netherlands

Fisher Scientific FAS

Parc d’Innovation BP 50111
67403 llikirch Cedex

Tel: +33(0) 38867 53 20

Fax: +33(0) 388 67 11 68
fr.commande@thermofisher.com
www.fr.fishersci.com

Fisher Scientific GmbH

Im Heiligen Feld 17

D-58239 Schwerte

Toll-Free Number: 0800 3 47 43 70
Fax: 0800 347 4371
info.germany@thermofisher.com
www.de.fishersci.com

Fisher Scientific Ireland
Suite 3 Plaza 212
Blanchardstown Corporate
Park 2 - Ballycoolin

Dublin 15

Tel: +353 01 885 5854

Fax: +353 01 899 1855
fsie.sales@thermofisher.com
www.ie.fishersci.com

Fisher Scientific

Tel: +39 02 953 28 258

Fax: +39 02 953 27 374
it.fisher@thermofisher.com
www.it.fishersci.com

Fisher Scientific
Scheepsbouwersweg 1b
Postbus 4

1120 AA Landsmeer

Tel: +31(0) 20 487 70 00
Fax: +31(0) 20 487 70 70
nlinfo@thermofisher.com
www.nl fishersci.com

Norway Spain Sweden Switzerland United Kingdom

Fisher Scientific Fisher Scientific Fisher Scientific Fisher Scientific AG Fisher Scientific UK Ltd.
Frysjaveien 33E C/ Luis 1,9 Box 9193 Wilstrasse 57 Bishop Meadow Road
0884 Oslo 28031 Madrid 400 94 Géteborg 5610 Wohlen Loughborough

Tel: +47 22 9559 59

Fax: +47 22 95 59 40
fisher.no@thermofisher.com
www.fishersci.no

Tel: +34 (0) 91 38067 10

Fax: +34 (0) 91 380 85 02
es.fisher@thermofisher.com
www.es.fishersci.com

Tel: +46 31 352 32 00

Fax: +46 31 352 32 50
fisher.se@thermofisher.com
www.fishersci.se

Fisher BioReagents®

Tel: +41(0) 56 618 41 11
Fax: +41(0) 56 618 41 41
info.ch@thermofisher.com
www.ch fishersci.com

Leicestershire LE11 5RG

Tel: +44 (0)1509 555500

Fax: +44 (0)1509 555111
fsuk.sales@thermofisher.com
www.fisher.co.uk
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